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Item description/product images

Description

Material:
High-strength aluminium alloy

Version:
blue anodised.

Note:
Collets for clamping external contours.
The contour of the workpiece to be held is inserted into the collet. Free-form and
asymmetrical contours can be held.
The collet mechanism enables a secure clamping of the workpiece.
Clamping travel per collet segment (8x) max. 0.15 mm.
Workpiece repeat accuracy: ±0.03.
Collet repeat accuracy: ±0.02.
Matching adaptor 03167.
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Overview of items

Order No. D D1 D2 D3 D4 H H1 H2 H3

03168-1065 65 21 M8 M5 20 29 25 10 4
03168-1090 90 25 M10 M6 24 40 35 15 5
03168-1120 120 25 M10 M6 24 46 40 20 5
03168-1160 160 29 M12 M8 28 52 45 25 6


